—eavy-Duty
] SOftNess




LADH

= Add a smooth soft-close to counter tops in

Lift-Assist Damper (Heaw buty)

restaurants, bars and reception desks to

Lapcon

prevent slamming.
m | jft-Assist feature helps users lift countertop
= Holds door open at 95 degrees.

® Easy installation - surface mounted and can
be retrofitted
= Stainless steel piano hinge included (see next

Introduction Video

page for details)

® Set includes Stainless <
Steel Piano hinge (LSN-C)
® Hinge can be cut down -
to desired length '

Single knuckle hinge
(sold with kit)
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LADH-35 221 ~ 309 30~50 mm Steel (SPCC)/ Arm: Nickel Chrome
(1-3116~ 2 2990 1 poyacetal (POMyaBS . BOdY: Dark Brown
LADH-50 309 ~ 442 Other Parts: Nickel Plating
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Soft-close

Damper works
just before flap
closes, preventing
it from slamming

shut and
pinching fingers.
Soft-close even
at slight angle
Lift-assist Lift-assist
Door can be mechanism with
opened lightly light opening.
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Easy post-installation
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Can be retro-fitted to existing
counters without processing.
Installation position can be
easily determined with supplied
mounting templates.

Folding Bracket

333
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Press lever to release the lock.

Required Quantity:

Automatically locks when flap is in opened position.

For panel thickness 16~35 mm (19/32"~1-3/8")

- Width up to 600 mm (23-5/8")/1 pc
- Width 600~1300 mm (23-5/8"~51-3/16")/2 pcs

Finish/Color

Anodized
Aluminum
Black (BLK)

tem No. A C E Leed
Capacity

38820-25
25~30 161 15
38820-25/BLK

38830-25
25~39 262 45
38830-25/BLK

38845-25
25~50 402 87
38845-25/BLK

38860-25
25~40 549 137
38860-25/BLK

114.0 180.0 77 Ibs

168.0 2759 121 Ibs

2568.,5 430.8 132 Ibs

368.5 585.8 176 Ibs
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Folding Bracket with amper EB-303/EP-D

Automatically locks when flap is in open position.

B Press lever to release the lock.

Hinges not required.
® Damper unit with a soft-closing feature which
makes it smoother and safer.

Durability tested 50,000 cycles (private).
Refer to the Damper Weight Chart for damper

weight capacity.

EB-303/EP-D e
Application Example

EB-303/EP-D-BL

\VEVE

220,

with 2 brackets

6-1/2" (165)

Introductlon Video

Extend any Surface

Bracket Load Capacity P1 Bracket Load Capacity P2 Weight (g

EB-303/EP-D

330 Ibs 165 Ibs 515 20 Stamless Steel

EB-303/EP-D-BL
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